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Description

Material:

Grip and push button 1.4305 stainless steel.
Pin 1.4305 stainless steel.

Balls 1.4125 stainless steel.

Spring and hanger 1.4310 stainless steel wire.

Version:
Bright.

Note:

Ball lock pins are used for easy fastening or joining of components.

The two balls are disengaged by pressing the push button and the pin can be slipped
into holes in the workpieces. When the push button is released, the balls lock the
connection securely.

Shear force double shear (F) = S - T aB max.

The values given for the shear force are the theoretical breaking load.

These are non-binding reference values without consideration of safety factors and
exclude any liability. The values given are for information purposes only and do not
constitute a legally binding assurance of properties.

The load values have been calculated in accordance with DIN 50141. Each user
must determine individually whether the ball lock pin is suitable for the respective
application.

Different materials in which the ball lock pins are used, weather conditions and wear
can influence the determined values.

Accessory:

Bushes for ball lock pins KO724
Safety spiral cable K0367
Retaining cable with loop K0367
Key ring K0367
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Overview of items
Order No. Form D D1 D2 D3 D4 L U1 L2 L3 L4 L5 SwW Receiving Shearing force
hole double shear
H11 max.kN
K0790.101205010 B 115 5 55 10 183 10 59 25 346 166 159 11 5 15
K0790.101205015 B 115 5 55 10 183 15 59 25 346 166 209 11 5 15
K0790.101205020 B 115 5 55 10 183 20 59 25 346 166 259 11 5 15
K0790.101205025 B 115 5 55 10 183 25 59 25 346 166 309 11 5 15
K0790.101205030 B 115 5 55 10 183 30 59 25 346 166 359 11 5 15
K0790.101206010 B 115 6 68 10 183 10 68 25 346 166 168 11 6 22
K0790.101206015 B 115 6 68 10 183 15 68 25 346 166 21,8 11 6 22
K0790.101206020 B 115 6 68 10 183 20 68 25 346 166 268 11 6 22
K0790.101206025 B 115 6 68 10 183 25 68 25 346 166 31,8 11 6 22
K0790.101206030 B 115 6 68 10 183 30 68 25 346 166 368 11 6 22
K0790.101206035 B 115 6 68 10 183 35 68 25 346 166 41,8 11 6 22
K0790.101206040 B 115 6 68 10 183 40 68 25 346 166 468 11 6 22
K0790.101206045 B 115 6 68 10 183 45 68 25 346 166 51,8 11 6 22
K0790.101206050 B 115 6 68 10 183 50 68 25 346 166 568 11 6 22
K0790.101508020 B 155 8 95 135 24 20 78 33 467 227 27,8 15 8 38
K0790.101508025 B 155 8 95 135 24 25 78 33 467 227 328 15 8 38
K0790.101508030 B 155 8 95 135 24 30 78 33 467 227 378 15 8 38
K0790.101508035 B 155 8 95 135 24 35 78 33 467 227 428 15 8 38
K0790.101508040 B 155 8 95 135 24 40 78 33 467 227 478 15 8 38
K0790.101508045 B 155 8 95 135 24 45 78 33 467 227 528 15 8 38
K0790.101508050 B 155 8 95 135 24 50 78 33 467 227 57,8 15 8 38
K0790.101510020 B 155 10 12 135 24 20 89 33 467 227 289 15 10 60
K0790.101510025 B 155 10 12 135 24 25 89 33 467 227 339 15 10 60
K0790.101510030 B 155 10 12 135 24 30 89 33 467 227 389 15 10 60
K0790.101510035 B 155 10 12 135 24 35 89 33 467 227 439 15 10 60
K0790.101510040 B 155 10 12 135 24 40 89 33 467 227 489 15 10 60
K0790.101510045 B 155 10 12 135 24 45 89 33 467 227 539 15 10 60
K0790.101510050 B 155 10 12 135 24 50 89 33 467 227 589 15 10 60
K0790.101510060 B 155 10 12 135 24 60 89 33 467 227 689 15 10 60
K0790.102112025 B 22 12 145 20 33 25 99 395 593 303 349 21 12 86
K0790.102112030 B 22 12 145 20 33 30 99 395 593 303 399 21 12 86
K0790.102112035 B 22 12 145 20 33 35 99 395 593 303 449 21 12 86
K0790.102112040 B 22 12 145 20 33 40 99 395 593 303 499 21 12 86
K0790.102112045 B 22 12 145 20 33 45 99 395 593 303 549 21 12 86
K0790.102112050 B 22 12 145 20 33 50 99 395 593 303 599 21 12 86
K0790.102112060 B 22 12 145 20 33 60 99 395 593 303 699 21 12 86
K0790.102112070 B 22 12 145 20 33 70 99 395 593 303 799 21 12 86
K0790.102112080 B 22 12 145 20 33 80 99 395 593 303 899 21 12 86
K0790.102116030 B 22 16 19 20 33 30 131 395 593 303 431 21 16 153
K0790.102116035 B 22 16 19 20 33 35 131 395 593 303 481 21 16 153
K0790.102116040 B 22 16 19 20 33 40 131 395 593 303 531 21 16 153
K0790.102116045 B 22 16 19 20 33 45 131 395 593 303 581 21 16 153
K0790.102116050 B 22 16 19 20 33 50 131 395 593 303 631 21 16 153
K0790.102116060 B 22 16 19 20 33 60 131 395 593 303 731 21 16 153

© HEINRICH KIPP WERK GmbH & Co. KG www.kipp.com - info@kipp.com 2/3



Ball lock pins with stainless steel bracket

Overview of items

Order No. Form D D1 D2 D3 D4 L U1 L2 L3 L4 L5 Sw Receiving Shearing force
hole double shear
H11 max.kN
K0790.102116070 B 22 16 19 20 33 70 131 395 593 303 831 21 16 153
K0790.102116080 B 22 16 19 20 33 80 131 395 593 303 931 21 16 153
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