Pneumatickeé upinace s posuvnou tyGi

Popis zbozi/obrazky produktu

Popis

Material:
Pakové Casti, konzola a posuvna ty¢ z oceli.
Vedeni posuvné tyce odlito z tvarné litiny (GJS).

Provedeni:
Fosfatovano. Valec leStény.

Prislusenstvi:
K0101
K0102
K0103
K0106

Pneumaticky valec:
Dvojéinny, bez tlumeni dobéhli do koncové polohy.
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Piehled zbozi
Pneumatické upinace s posuvnou tyci
Objednaciéislo A A1 A2 A3 B Bl Ci D DIH L L1 L2 M R Zdvih Pfidrzna  Provozni Spotfeba Pocet zdvih(i
S sila tlak v vzduchu na za min
F2N barech dvojity zdvih pri 6 barech
K0093.0600 290 25 36,5 - 59 334 145 55 14 53 331 41 30 M8 G1/8 25 6000 2-6 0,09 dm® 60
K0093.1200 380 8 35 4176 41 21 85 2075435 55 40 M10 G1/8 32 12000 2-6 0,28 dm® 50
K0093.2500 475 12 45 4596 54 26 10,3 25 96 577 102 60 M12 G1/4 50 25000 2-6 0,60 dm® 45
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Pneumatickeé upinace s posuvnou tyGi

Prehled zbozi

Objednaci Posuvna ty¢ vysunuta / Upinaci sila F1 N
cislo
K0093.0600 5mm/320N, 10mm/430N, 15mm/650N, 20mm/870N, 22mm/1000N, 24mm/1500N,25mm/2350N
K0093.1200 5mm/1200N, 10mm/1400N, 15mm/1650N, 20mm/1950N, 25mm/2300N, 27mm/2550N,29mm/3000N, 31mm/4300N, 32mm/11500N
K0093.2500 5mm/1400N, 10mm/1600N, 15mm/1750N, 20mm/2000N, 25mm/2100N, 30mm/2450N,35mm/2650N,

40mm/3250N, 45mm/4200N, 47mm/4900N, 49mm/7000N, 50mm/14500N
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