K0160_MDG ;

Ovladaci kola DIN 950 z hliniku, s oto¢nou rukojeti

Popis zbozi/obrazky produktu
Popis

Material:
Ovladaci kolo z hliniku.
Uchytka s projmutou rukojeti hlinik, osovy dil ocel, brynyrovano.

Uchytka s projmutou rukojeti z hliniku, osovy dil z oceli, pozinkovano a modfe
pasivovano.

Provedeni:

Vénec kola vysoustruzen a vyleStén.

Na vyzadani:

Naboje s vnitfnim ¢tyfhranem nebo ovladaci kola potazena umélou hmotou.

Vykresy

DIN 39/ DIN 98
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© HEINRICH KIPP WERK GmbH & Co. KG www.kipp.com - info@kipp.com 1/2



K0160_MDG

Ovladaci kola DIN 950 z hliniku, s oto¢nou rukojeti

Prehled zbozi

Objednaci cislo Provedeni 1 D1 D2 D3 L1 L3 B3 T Pocet tvarovana rukojet otona
paprski DIN 98 provedeni E
K0160.4080X10 kalibrovany otvor 80 10H7 25 16 29 - - 3 916 x M6 x 54.5
K0160.4080X12 kalibrovany otvor 80 12H7 25 16 29 - - 3 016 x M6 x 54.5
K0160.4100X10 kalibrovany otvor 100 10H7 29 17 33 - - 3 916 x M6 x 54.5
K0160.4100X12 kalibrovany otvor 100 12H7 29 17 33 - - 3 916 x M6 x 54.5
K0160.4125X12 kalibrovany otvor 125 12H7 31 18 36 - - 3 920 x M8 x 67
K0160.4125X14 kalibrovany otvor 125 14H7 31 18 36 - - 3 920 x M8 x 67
K0160.4140X14 kalibrovany otvor 140 14H7 36 19 39 - - 3 920 x M8 x 67
K0160.4140X16 kalibrovany otvor 140 16H7 36 19 39 - - 3 020 x M8 x 67
K0160.4160X14 kalibrovany otvor 160 14H7 36 20 40 - - 3 825 x M10 x 83
K0160.4160X16 kalibrovany otvor 160 16H7 36 20 40 - - 3 925 x M10 x 83
K0160.4180X16 kalibrovany otvor 180 16H7 37 22 43 - - 3 925 x M10 x 83
K0160.4180X18 kalibrovany otvor 180 18H7 37 22 43 - - 3 825 x M10 x 83
K0160.4200X18 kalibrovany otvor 200 18H7 43 24 45 - - 3 825 x M10 x 83
K0160.4200X22 kalibrovany otvor 200 22H7 43 24 45 - - 3 925 x M10 x 83
K0160.4250X22 kalibrovany otvor 250 22H7 49 28 50 - - 5 832 x M12 x 105,5
K0160.4250X26 kalibrovany otvor 250 26H7 49 28 50 - - 5 932 xM12 x 105,5
K0160.4315X26 kalibrovany otvor 315 26H7 54 33 56 - - 5 932 x M12 x 105,5
K0160.4315X30 kalibrovany otvor 315 30H7 54 33 56 - - 5 832 x M12 x 105,5
K0160.4400X30 kalibrovany otvor 400 30H7 65 38 63 - - 5 936 x M16 x 117
K0160.4400X34 kalibrovany otvor 400 34H7 65 38 63 - - 5 836 x M16 x 117
K0160.4500X34 kalibrovany otvor 500 34H7 79 45 72 - - 5 236 x M16 x 117
K0160.4500X40 kalibrovany otvor 500 40H7 79 45 72 - - 5 836 x M16 x 117
K0160.5080X10 licovany otvor s drazkou 80 10H7 25 16 29 3 114 3 916 x M6 x 54.5
K0160.5080X12 licovany otvor s drazkou 80 12H7 25 16 29 4 138 3 916 x M6 x 54.5
K0160.5100X10 licovany otvor s drazkou 100 10H7 29 17 33 3 114 3 016 X M6 x 54.5
K0160.5100X12 licovany otvor s drazkou 100 12H7 29 17 33 4 138 3 916 x M6 x 54.5
K0160.5125X12 licovany otvor s drazkou 125 12H7 31 18 36 4 138 3 920 x M8 x 67
K0160.5125X14 licovany otvor s drazkou 125 14H7 31 18 36 5 16,3 3 920 x M8 x 67
K0160.5140X14 licovany otvor s drazkou 140 14H7 36 19 39 5 16,3 3 920 x M8 x 67
K0160.5140X16 licovany otvor s drazkou 140 16H7 36 19 39 5 183 3 920 x M8 x 67
K0160.5160X14 licovany otvor s drazkou 160 14H7 36 20 40 5 16,3 3 925 x M10 x 83
K0160.5160X16 licovany otvor s drazkou 160 16H7 36 20 40 5 183 3 825 x M10 x 83
K0160.5180X16 licovany otvor s drazkou 180 16H7 37 22 43 5 18,3 3 925 x M10 x 83
K0160.5180X18 licovany otvor s drazkou 180 18H7 37 22 43 6 20,8 3 925 x M10 x 83
K0160.5200X18 licovany otvor s drazkou 200 18H7 43 24 45 6 20,8 3 825 x M10 x 83
K0160.5200X22 licovany otvor s drazkou 200 22H7 43 24 45 6 248 3 925 x M10 x 83
K0160.5250X22 licovany otvor s drazkou 250 22H7 49 28 50 6 248 5 932 xM12 x 105,5
K0160.5250X26 licovany otvor s drazkou 250 26H7 49 28 50 8 29,3 5 832 x M12 x 105,5
K0160.5315X26 licovany otvor s drazkou 315 26H7 54 33 56 8 29,3 5 932 x M12 x 105,5
K0160.5315X30 licovany otvor s drazkou 315 30H7 54 33 56 8 333 5 932 x M12 x 105,5
K0160.5400X30 licovany otvor s drazkou 400 30H7 65 38 63 8 333 5 236 x M16 x 117
K0160.5400X34 licovany otvor s drazkou 400 34H7 65 38 63 10 37,3 5 936 x M16 x 117
K0160.5500X34 licovany otvor s drazkou 500 34H7 79 45 72 10 37,3 5 036 x M16 x 117
K0160.5500X40 licovany otvor s drazkou 500 40H7 79 45 72 12 433 5 836 x M16 x 117
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