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Manipulacni tyce, provedeni A
Popis zbozi/obrazky produktu
Popis
Material:
- Knofliky duroplast PF 31.
i S, = Ty ocel 1.0718 nebo nerez 1.4305.
N Provedeni:
Duroplast ¢erny, vyleSténo do vysokého lesku.
Ocel brynyrovana nebo nerozova ocel leskla.
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Prehled zbozi
Objednaci €islo Material Provedeni D D1 D2 L L1 L2
zakladni
téleso
K0179.208X35 ocel A 8 M6 20 35 9 18
K0179.208X50 ocel A 8 M6 20 50 9 18
K0179.208X65 ocel A 8 M6 20 65 9 18
K0179.210X50 ocel A 10 M8 25 50 13 23
K0179.210X65 ocel A 10 M8 25 65 13 23
K0179.210X80 ocel A 10 M8 25 80 13 23
K0179.210X100 ocel A 10 M8 25 100 13 23
K0179.212X65 ocel A 12 M10 32 65 15 29
K0179.212X80 ocel A 12 M10 32 80 15 29
K0179.212X100 ocel A 12 M10 32 100 15 29
K0179.212X125 ocel A 12 M10 32 125 15 29
K0179.214X80 ocel A 14 M12 36 80 16 33
K0179.214X100 ocel A 14 M12 36 100 16 33
K0179.214X125 ocel A 14 M12 36 125 16 33
K0179.214X160 ocel A 14 M12 36 160 16 33
K0179.1208X35 nerezové ocel A 8 M6 20 35 9 18
K0179.1208X50 nerezova ocel A 8 M6 20 50 9 18
K0179.1208X65 nerezova ocel A 8 M6 20 65 9 18
K0179.1210X50 nerezové ocel A 10 M8 25 50 13 23
K0179.1210X65 nerezova ocel A 10 M8 25 65 13 23
K0179.1210X80 nerezova ocel A 10 M8 25 80 13 23
K0179.1210X100 nerezové ocel A 10 M8 25 100 13 23
K0179.1212X65 nerezova ocel A 12 M10 32 65 15 29
K0179.1212X80 nerezova ocel A 12 M10 32 80 15 29
K0179.1212X100 nerezové ocel A 12 M10 32 100 15 29
K0179.1212X125 nerezova ocel A 12 M10 32 125 15 29
K0179.1214X80 nerezové ocel A 14 M12 36 80 16 33
K0179.1214X100 nerezové ocel A 14 M12 36 100 16 33
K0179.1214X125 nerezova ocel A 14 M12 36 125 16 33
K0179.1214X160 nerezové ocel A 14 M12 36 160 16 33
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Manipulaéni tyCe, provedeni A

Prehled zbozi
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