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Item description/product images

Description

Material:
Thermoplastic black grey.
Threaded pin stainless steel 1.4305 (AISI 303 equivalent).

Version:
Threaded pin bright.
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Drawings

Overview of items

Order No. Form Colour
Cap

Size D D1 D2 H H1 L

K0261.51A1X10 L black grey RAL 7021 1 10-32 40 16,5 31 13 10
K0261.51A15X10 L light grey RAL 7035 1 10-32 40 16,5 31 13 10
K0261.51A16X10 L traffic red RAL 3020 1 10-32 40 16,5 31 13 10
K0261.51A17X10 L colza yellow RAL 1021 1 10-32 40 16,5 31 13 10
K0261.51A1X20 L black grey RAL 7021 1 10-32 40 16,5 31 13 20
K0261.51A15X20 L light grey RAL 7035 1 10-32 40 16,5 31 13 20
K0261.51A16X20 L traffic red RAL 3020 1 10-32 40 16,5 31 13 20
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Overview of items

Order No. Form Colour
Cap

Size D D1 D2 H H1 L

K0261.51A17X20 L colza yellow RAL 1021 1 10-32 40 16,5 31 13 20
K0261.51A2X20 L black grey RAL 7021 1 1/4-20 40 16,5 31 13 20
K0261.51A25X20 L light grey RAL 7035 1 1/4-20 40 16,5 31 13 20
K0261.51A26X20 L traffic red RAL 3020 1 1/4-20 40 16,5 31 13 20
K0261.51A27X20 L colza yellow RAL 1021 1 1/4-20 40 16,5 31 13 20
K0261.51A2X30 L black grey RAL 7021 1 1/4-20 40 16,5 31 13 30
K0261.51A25X30 L light grey RAL 7035 1 1/4-20 40 16,5 31 13 30
K0261.51A26X30 L traffic red RAL 3020 1 1/4-20 40 16,5 31 13 30
K0261.51A27X30 L colza yellow RAL 1021 1 1/4-20 40 16,5 31 13 30
K0261.51A3X20 L black grey RAL 7021 1 5/16-18 40 16,5 31 13 20
K0261.51A35X20 L light grey RAL 7035 1 5/16-18 40 16,5 31 13 20
K0261.51A36X20 L traffic red RAL 3020 1 5/16-18 40 16,5 31 13 20
K0261.51A37X20 L colza yellow RAL 1021 1 5/16-18 40 16,5 31 13 20
K0261.51A3X40 L black grey RAL 7021 1 5/16-18 40 16,5 31 13 40
K0261.51A35X40 L light grey RAL 7035 1 5/16-18 40 16,5 31 13 40
K0261.51A36X40 L traffic red RAL 3020 1 5/16-18 40 16,5 31 13 40
K0261.51A37X40 L colza yellow RAL 1021 1 5/16-18 40 16,5 31 13 40
K0261.52A3X20 L black grey RAL 7021 2 5/16-18 50 18 36 15 20
K0261.52A35X20 L light grey RAL 7035 2 5/16-18 50 18 36 15 20
K0261.52A36X20 L traffic red RAL 3020 2 5/16-18 50 18 36 15 20
K0261.52A37X20 L colza yellow RAL 1021 2 5/16-18 50 18 36 15 20
K0261.52A3X40 L black grey RAL 7021 2 5/16-18 50 18 36 15 40
K0261.52A35X40 L light grey RAL 7035 2 5/16-18 50 18 36 15 40
K0261.52A36X40 L traffic red RAL 3020 2 5/16-18 50 18 36 15 40
K0261.52A37X40 L colza yellow RAL 1021 2 5/16-18 50 18 36 15 40
K0261.52A4X20 L black grey RAL 7021 2 3/8-16 50 18 36 15 20
K0261.52A45X20 L light grey RAL 7035 2 3/8-16 50 18 36 15 20
K0261.52A46X20 L traffic red RAL 3020 2 3/8-16 50 18 36 15 20
K0261.52A47X20 L colza yellow RAL 1021 2 3/8-16 50 18 36 15 20
K0261.52A4X40 L black grey RAL 7021 2 3/8-16 50 18 36 15 40
K0261.52A45X40 L light grey RAL 7035 2 3/8-16 50 18 36 15 40
K0261.52A46X40 L traffic red RAL 3020 2 3/8-16 50 18 36 15 40
K0261.52A47X40 L colza yellow RAL 1021 2 3/8-16 50 18 36 15 40
K0261.53A4X20 L black grey RAL 7021 3 3/8-16 63 22 41 17 20
K0261.53A45X20 L light grey RAL 7035 3 3/8-16 63 22 41 17 20
K0261.53A46X20 L traffic red RAL 3020 3 3/8-16 63 22 41 17 20
K0261.53A47X20 L colza yellow RAL 1021 3 3/8-16 63 22 41 17 20
K0261.53A4X40 L black grey RAL 7021 3 3/8-16 63 22 41 17 40
K0261.53A45X40 L light grey RAL 7035 3 3/8-16 63 22 41 17 40
K0261.53A46X40 L traffic red RAL 3020 3 3/8-16 63 22 41 17 40
K0261.53A47X40 L colza yellow RAL 1021 3 3/8-16 63 22 41 17 40


