
K2235
Rubber buffers stainless steel, type EK conical with internal thread FDA
conform blue
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Item description/product images

Description

Material:
Metal part stainless steel 1.4401.
Elastomer silicon, medium hardness Shore 55A.

Version:
Stainless steel, bright.
Silicon FDA conform blue.

Note:
Rubber buffers are used, among other things for mounting aggregates and as elastic
buffers to limit the travel of moving masses.

Temperature range:
-30 °C to +180 °C.

Drawings

Overview of items

Rubber buffers stainless steel, type EK conical with internal thread, FDA conform blue

Order No. D G H T Spring stiffness
N/mm

Load
N

Shore grade

K2235.02501755 25 M6 17 6 102 571 55A
K2235.03001555 30 M8 15 8 185 1036 55A
K2235.05001755 50 M10 17 10 677 3554 55A
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